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Metal Quick-Acting Couplers

Easy-to-Use Coupler with sliding sleeve: automatic connection and 
disconnection 

Wide variety of male probes

Extremely compact

Single or double shut-off models for greater safety

Special range designed for pneumatic applications:  
13 Series to 27

Robust  
& Reliable

100% leak-tested in production

Excellent shock and impact resistance

Nickel-plated brass for corrosion resistance

Stainless steel version for restrictive environments

Optimum  
Performance

Very wide range of flow rates

"UltraFlo" technology: 18, 22, 23, 25 and 27 series

Low pressure drop

Long service life

Maximum energy efficiency

In order to fulfill the requirements of the widest range of industrial applications, 
Parker Legris offers a range of metal couplers compatible with a large selection of fluids. 
Simple to install, with or without shut-off valves, these couplers offer a high flow rate 
capability.

Balls: stainless steel

Seals: NBR or 
FKM (X series)

Spring: stainless steel

Compatible  
Fluids

Compressed air, water 
(see compatibility chart)

Working 
Pressure

0 to 20 bar
0 to 35 bar (stainless steel series)

Working  
Temperature

-20°C to +100°C
-15°C to +200°C (stainless steel series)

Product Advantages

Technical Characteristics

A
pplications

Workshops
Flushing
Spraying

Packaging
Factory Automation

Filling Systems
Cleaning

Component Materials

Silicone-free

Body:  
nickel-plated brass 
stainless steel 316L (X series)

Probe:  
20, 21 Series: nickel-plated brass 

Other Series : nickel-plated steel
X Series: stainless steell 316L

Guaranteed for use with a vacuum of 655 mm Hg (86% vacuum).
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Single Shut-Off

DN 5.5DN 8.5

 ISO B Profile
23, 24 and 30  Series

   ØD  F  G  L  L1  kg 

 5.5 

 6  9123 24 06  21  27  60  25  0.081 

 8  9123 24 08  21  27  60  25  0.082 

 10  9123 24 10  21  27  60  25  0.082 

 8.5 

 8  9123 30 08  22  30  66  25  0.098 

 10  9123 30 10  22  30  66  25  0.098 

 13  9123 30 13  22  30  66  25  0.103 

24 Series (DN 5.5): single shut-off = 550 Nl/min
30 Series (DN 8.5): single shut-off = 890 Nl/min

 Nickel-plated brass, NBR 

Coupler with Barb Connection 9123 

   C  E  F  L  L1  kg 

 5.5 

 G1/8  9087 23 10  9  13  39  24  0.017 

 G1/4  9087 23 13  9  17  38  24  0.025 

 G3/8  9087 23 17  9  19  38  24  0.032 

 G1/2  9087 23 21  12  22  42  24  0.048 

8.5

 G1/4  9087 30 13  9  17  42  28  0.030 

 G3/8  9087 30 17  9 19  42  28  0.036 

 G1/2  9087 30 21  12  24  46  28  0.058 

 Probe without shut-off 
23 Series probe (DN 5.5) compatible with 24 Series coupler (DN 5.5)

 Nickel-plated steel, technical 
polymer 

Probe, Straight-Through, Male BSPP Thread 9087 

E

   C  E  F  L  L1  kg 

 5.5 

 G1/8  9086 23 10  9  17  36  24  0.021 

 G1/4  9086 23 13  9  17  36  24  0.025 

 G3/8  9086 23 17  9  19  36  24  0.025 

 G1/2  9086 23 21  12  24  39  24  0.039 

8 .5 

 G1/4  9086 30 13  10 17 40 28  0.032 

 G3/8  9086 30 17  10 19 42  28  0.035 

 G1/2  9086 30 21 12  24 43  28  0.046 

 Probe without shut-off 
23 Series probe (DN 5.5) compatible with 24 Series coupler (DN 5.5)

 Nickel-plated steel 

Probe, Straight-Through, Female BSPP Thread 9086 

   ØD  L  L1  L2  kg 

 5.5 

 6  9085 23 06  51  24  25  0.016 

 8  9085 23 08  51  27  25  0.017 

 10  9085 23 10  51  24  25  0.018 

 8.5 

8   9085 30 08  55  28  25  0.027 

 10  9085 30 10  55  28  25  0.028 

13  9085 30 13  55  28  25  0.031 

 Probe without shut-off 
23 Series probe (DN 5.5) compatible with 24 Series coupler (DN 5.5)

 Nickel-plated steel 

Probe, Straight-Through, with Barb Connection 9085 

E

   C  E  F  L  L1  kg 

 5.5  G1/4  9293 23 13  10  22  47  24  0.058 

 Probe with shut-off 

 Nickel-plated steel, NBR 

Probe, Valved, Anti-Whiplash, Female BSPP Thread 9293 
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Double Shut-Off

Single Shut-Off

DN 10 DN 7.4/7.2

 European Profile
25, 26 and 27  Series

   C  E  F  G  L  kg 

 7.4 

 G1/4  9201 25 13  9  19  23  57  0.095 

 G3/8  9201 25 17  9  19  23  57  0.097 

 G1/2  9201 25 21  12  22  23  60  0.135 

 10 

 G3/8  9201 27 17  9  24  27  65  0.160 

 G1/2  9201 27 21  12  24  27  70  0.166 

 G3/4  9201 27 27  16  27  27  74  0.239 

25 Series (DN 7.4): single shut-off = 1800 Nl/min / 25 Series (DN 7.4): double shut-off = 710 Nl/min
27 Series (DN 10): single shut-off = 2400 Nl/min / 27 Series (DN 7.4): double shut-off = 900 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Male BSPP Thread  9201 

   C  E  F  G  L  kg 

 7.2 

 G1/8  9101 26 10  9  22  27  43  0.073 

 G1/4  9101 26 13  9  22  27  43  0.073 

 G3/8  9101 26 17  9  22  27  13  0.075 

 G1/2  9101 26 21  12  22  27  46  0.087 

26 Series (DN 7.2): single shut-off = 1000 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Male BSPP Thread  9101 

   C  E  F  G  L  kg 

 7.4 

 G1/4  9214 25 13  9  19  23  55  0.098 

 G3/8  9214 25 17  9  19  23  55  0.092 

 G1/2  9214 25 21  12  24  23  57  0.124 

 10 

 G3/8  9214 27 17  12  24  27  68  0.177 

 G1/2  9214 27 21  12  24  27  68  0.166 

 G3/4  9214 27 27  16  32  27  74  0.255 

25 Series (DN 7.4): single shut-off = 1800 Nl/min / 25 Series (DN 7.4): double shut-off = 710 Nl/min
27 Series (DN 10): single shut-off = 2400 Nl/min / 27 Series (DN 7.4): double shut-off = 900 Nl/min

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9214 

   C  E  F  G  L  kg 

 7.2 

 G1/4  9114 26 13  9  22  27  43  0.089 

 G3/8  9114 26 17  9  22  27  43  0.084 

 G1/2  9114 26 21  12  24  27  46  0.090 

26 Series (DN 7.2): single shut-off = 1000 Nl/min

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9114 

   ØD  F  G  L  L1  kg 

 7.4 

 6  9223 25 06 19  23  73  25  0.095 

 8  9223 25 08 19  23  73  25  0.097 

 10  9223 25 10 19  23  73  25  0.097 

 13  9223 25 13 19  23  73  25  0.099 

 10 

 8  9223 27 08  24  27  80  21  0.146 

 10  9223 27 10  24  27  80  21  0.162 

 13  9223 27 13  24  27  80  21  0.164 

 19  9223 27 19  24  27  80  21  0.168 

25 Series (DN 7.4): single shut-off = 1800 Nl/min / 25 Series (DN 7.4): double shut-off = 710 Nl/min
27 Series (DN 10): single shut-off = 2400 Nl/min / 27 Series (DN 7.4): double shut-off = 900 Nl/min

 Nickel-plated brass, NBR 

Coupler with Barb Connection 9223 
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Double Shut-Off

Single Shut-Off

DN 10 DN 7.4/7.2

 European Profile
25, 26 and 27  Series

   C  E  F  L  L1  kg 

 7.4 

 G1/8  9087 25 10  7  13  31  20  0.018 

 G1/4  9087 25 13  9  14  34  20  0.018 

 G3/8  9087 25 17  9  17  34  20  0.025 

 G1/2  9087 25 21  12  22  38  20  0.047 

 10 

 G3/8  9087 27 17  9  19  37  22  0.031 

 G1/2  9087 27 21  12  22  40  22  0.046 

 G3/4  9087 27 27  16  32  45  22  0.085 

 Probe without shut-off 
25 Series probe  (DN 7.4) compatible with 26 Series coupler  (DN 7.2)

 Nickel-plated steel (27 series), 
zinc-plated steel (25 series), polymer 

Probe, Straight-Through, Male BSPP Thread 9087 

E

   C  E  F  L  L1  kg 

 7.4 

 G1/8  9086 25 10  7  14  32  20  0.015 

 G1/4  9086 25 13  9  17  38.5  20  0.027 

 G3/8  9086 25 17  9  19  33  20  0.027 

 G1/2  9086 25 21  12  24  36  20  0.050 

 10 

 G3/8  9086 27 17  9  19  34  22  0.026 

 G1/2  9086 27 21  12  24  38  22  0.041 

 G3/4  9086 27 27  16  32  42  22  0.090 

 Probe without shut-off 
25 Series probe  (DN 7.4) compatible with 26 Series coupler  (DN 7.2)

 Nickel-plated steel (27 series), 
zinc-plated steel (25 series) 

 Probe, Straight-Through, Female BSPP Thread  9086 

   ØD  L  L1  L2  kg 

 7.4 

 6  9085 25 06  48  20  25  0.013 

 8  9085 25 08  48  20  25  0.015 

 9  9085 25 09  48  20  25  0.015 

 10  9085 25 10  48  20  25  0.016 

 13  9085 25 13  48  20  25  0.020 

 10 

 8  9085 27 08  48  22  25  0.021 

 10  9085 27 10  48  22  25  0.023 

 13  9085 27 13  48  22  25  0.026 

 19  9085 27 19  48  22  25  0.038 

 Probe without shut-off
25 Series probe  (DN 7.4) compatible with 26 Series coupler  (DN 7.2) 

 Nickel-plated steel (27 series), 
zinc-plated steel (25 series) 

Probe, Straight-Through, with Barb Connection 9085 

   C  E  F  L  L1  kg 

 7.4 

 G1/8  9287 25 10  7  22  41  20  0.046 

 G1/4  9287 25 13  9  22  43  20  0.046 

 G3/8  9287 25 17  9  22  43  20  0.049 

 G1/2  9287 25 21  12  22  46  20  0.060 

 10 

 G3/8  9287 27 17  9  24  58  22  0.086 

 G1/2  9287 27 21  12  24  58  22  0.090 

 G3/4  9287 27 27  16  27  62  22  0.132 

 Probe with shut-off
25 Series probe  (DN 7.4) not compatible with 26 Series coupler  (DN 7.2) 

 Nickel-plated brass (27 series), 
zinc-plated steel (25 series), NBR 

Probe, Valved, Male BSPP Thread 9287 
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Double Shut-Off

Single Shut-Off

DN 10 DN 7.4/7.2

 European Profile
25, 26 and 27  Series

   C  E  F  L  L1  kg 

 7.4 

 G1/8  9286 25 10  10  22  43  20  0.068 

 G1/4  9286 25 13  10  22  43  20  0.062 

 G3/8  9286 25 17  10  22  43  20  0.058 

 G1/2  9286 25 21  12  24  46  20  0.064 

 10 

 G3/8  9286 27 17  9  24  55  22  0.096 

 G1/2  9286 27 21  12  24  55  22  0.086 

 G3/4  9286 27 27  16  32  58  22  0.149 

 Probe with shut-off
25 Series Probe  (DN 7.4)  not compatible with 26 Series coupler (DN 7.2) 

 Nickel-plated steel (27 series), 
zinc-plated steel (25 series), NBR 

Probe, Valved, Female BSPP Thread 9286 

   ØD  F  L  L1  L2  kg 

 7.4 

 6  9285 25 06  21  60  20  25  0.047 

 8  9285 25 08  21  60  20  25  0.048 

 10  9285 25 10  21  60  20  25  0.049 

 13  9285 25 13  21  60  20  25  0.053 

 10 

 8  9285 27 08  24  75  22  25  0.097 

 10  9285 27 10  24  75  22  25  0.099 

 13  9285 27 13  24  75  22  25  0.103 

 19  9285 27 19  24  75  22  25  0.105 

 Probe with shut-off
25 Series Probe  (DN 7.4)  not compatible with 26 Series coupler (DN 7.2) 

 Nickel-plated steel (27 series), 
zinc-plated steel (25 series), NBR 

 Probe, Valved, with Barb Connection  9285 

   C  E  F  L  L1  kg 

 7.4  G3/8  9293 25 17  10  22  43  20  0.052 

 10  G1/2  9293 27 21  12  24 55  22  0.071 

 Probe with shut-off
25 Series Probe  (DN 7.4)  not compatible with 26 Series coupler (DN 7.2) 

 Zinc-plated steel, NBR 

 Probe, Valved, Anti-Whiplash, Female BSPP Thread  9293 
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Single Shut-Off

DN 5.5

 ARO Profile
14 and 22  Series

   C  E  F  G  L  kg 

 5.5 

 G1/4  9101 14 13  9  22  27  43  0.080 

 G3/8  9101 14 17  9  22  27  43  0.081 

 G1/2  9101 14 21  12  24  27  46  0.093 

14 Series (DN 5.5): single shut-off = 560 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Male BSPP Thread  9101 

   C  F  G  L  kg 

 5.5 

 R1/4  9105 22 13  19  23  61  0.098 

 R3/8  9105 22 17  12  19  60  0.096 

 R1/2  9105 22 21  22  23  61  0.114 

22 Series (DN 5.5): single shut-off = 800 Nl/min

 Nickel-plated brass, NBR 

Coupler, Male BSPT Thread 9105 

   C  E  F  G  L  kg 

 5 .5

 G1/4  9114 14 13  9  22  27  43  0.095 

 G3/8  9114 14 17  9  22  27  43  0.091 

 G1/2  9114 14 21  12  24  27  46  0.098 

14 Series (DN 5.5): single shut-off = 560 Nl/min

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9114 

   C  E  F  G  L  kg 

 5.5 

 G1/4  9114 22 13  9  19  23  56  0.098 

 G3/8  9114 22 17  9  19  23  55  0.091 

 G1/2  9114 22 21  12  24  23  58  0.123 

22 Series (DN 5.5): single shut-off = 800 Nl/min

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9114 

   ØD  F  G  L  L1  kg 

 5.5 

 6  9123 14 06  21  27  60  25  0.080 

 8  9123 14 08  21  27  60  25  0.081 

 9  9123 14 09  21  27  60  25  0.082 

 10  9123 14 10  21  27  60  25  0.082 

 13  9123 14 13  21  27  60  25  0.094 

14 Series (DN 5.5): single shut-off = 560 Nl/min

 Nickel-plated brass, NBR 

 Coupler with Barb Connection  9123 
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DN 5.5

Single Shut-Off

 ARO Profile
14 and 22  Series

   ØD  F  G  L  L1  kg 

 5.5 

 6  9123 22 06  19  23  74  25  0.093 

 8  9123 22 08  19  23  74  25  0.097 

 10  9123 22 10  19  23  74  25  0.098 

22 Series (DN 5.5): single shut-off = 800 Nl/min

 Nickel-plated brass, NBR 

Coupler with Barb Connection 9123 

   C  F  L  L1  kg 

 5.5 

 R1/4  9084 22 13  14  40.5  22  0.020 

 R3/8  9084 22 17  17  40.5  22  0.031 

 R1/2  9084 22 21  22  46  22  0.048 

 Probe without shut-off 
22 Series probe (DN 5.5) compatible with 14 Series coupler (DN 5.5)

 Nickel-plated steel 

Probe, Straight-Through, Male BSPT Thread 9084 

E

   C  E  F  L  L1  kg 

 5.5 

 G1/4  9086 22 13  9  17  35.5  22  0.024 

 G3/8  9086 22 17  10  19  35.5  22  0.023 

 G1/2  9086 22 21  12  24  38  22  0.039 

 Probe without shut-off 
22 Series probe (DN 5.5) compatible with 14 Series coupler (DN 5.5)

 Nickel-plated steel 

Probe, Straight-Through, Female BSPP Thread 9086 

   ØD  L  L1  L2  kg 

 5.5 

 6  9085 22 06  48.5  22  25  0.012 

 8  9085 22 08  48.5  22  25  0.014 

 9  9085 22 09  48.5  22  25  0.014 

 10  9085 22 10  48.5  22  25  0.016 

 13  9085 22 13  48.5  22  25  0.022 

 Probe without shut-off
22 Series probe (DN 5.5) compatible with 14 Series coupler (DN 5.5) 

 Nickel-plated steel 

 Probe, Straight-Through, with Barb Connection  9085 
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Single Shut-Off

DN 5.5

 ISO C Profile
18  Series

   C  E  F  G  L  kg 

 5.5 
 G1/4  9101 18 13  9  19  23  60  0.106 

 G3/8  9101 18 17  9  19  23  60  0.108 

18 Series (DN 5.5) : single shut-off = 970 Nl/min

 Nickel-plated brass, NBR 

Coupler, Male BSPP Thread 9101 

   C  E  F  G  L  kg 

 5.5 
 G1/4  9114 18 13  9  19  23  58  0.109 

 G3/8  9114 18 17  9  19  23  58  0.101 

18 Series (DN 5.5) : single shut-off = 970 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Female BSPP Thread  9114 

   ØD  F  G  L  L1  kg 

 5.5 

 6  9123 18 06  19  23  76  25  0.104 

 8  9123 18 08  19  23  76  25  0.106 

 10  9123 18 10  19  23  76  25  0.108 

18 Series (DN 5.5) : single shut-off = 970 Nl/min

 Nickel-plated brass, NBR 

 Coupler with Barb Connection  9123 

   C  E  F  L  L1  kg 

 5.5 
 G1/4  9087 18 13  9  17  41  28  0.025 

 G3/8  9087 18 17  9  19  41  28  0.028 

 Probe without shut-off 

 Nickel-plated steel 

 Probe, Straight-Through, Male BSPP Thread  9087 

   C  E  F  L  L1  kg 

 5.5 
 G1/4  9086 18 13  9  17  40  28  0.022 

 G3/8  9086 18 17  9  19  41  28  0.024 

 Probe without shut-off 

 Nickel-plated steel 

 Probe, Straight-Through, Female BSPP Thread  9086 

   ØD  L  L1  L2  kg 

 5.5 

 6  9085 18 06  56  28  25  0.016 

 8  9085 18 08  56  28  25  0.016 

 10  9085 18 10  56  28  25  0.018 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, with Barb Connection 9085 
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Single Shut-Off

DN 7,5

 Asian Profile
13  Series

   C  F  G  L  kg 

 7.5 

 R1/4  9105 13 13  22  27  49  0.086 

 R3/8  9105 13 17  22  27  49  0.090 

 R1/2  9105 13 21  22  27  53  0.110 

13 Series (DN 7.5): single shut-off = 1150 Nl/min

 Nickel-plated brass, NBR 

Coupler, Male BSPT Thread 9105 

   C  E  F  G  L  kg 

 7.5 

 G1/4  9114 13 13  9  22  27  45  0.099 

 G3/8  9114 13 17  9  22  27  45  0.093 

 G1/2  9114 13 21  12  24  27  48  0.102 

13 Series (DN 7.5): single shut-off = 1150 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Female BSPP Thread  9114 

   ØD  F  G  L  L1  kg 

 7.5 

 8  9123 13 08  21  27  62  25  0.084 

 10  9123 13 10  21  27  62  25  0.086 

 13  9123 13 13  21  27  62  25  0.089 

13 Series (DN 7.5): single shut-off = 1150 Nl/min

 Nickel-plated brass, NBR 

 Coupler with Barb Connection  9123 

   C  F  L  L1  kg 

 7.5 

 R1/4  9084 13 13  14  37  12  0.022 

 R3/8  9084 13 17  17  37  12  0.028 

 R1/2  9084 13 21  22  44  17  0.050 

 Probe without shut-off 

 Nickel-plated steel 

 Probe, Straight-Through, Male BSPT Thread  9084 

   C  E  F  L  L1  kg 

 7.5 

 G1/4  9086 13 13  9  17  22  12  0.026 

 G3/8  9086 13 17  9  19  33  12  0.024 

 G1/2  9086 13 21  12  24  36  17  0.036 

 Probe without shut-off 

 Nickel-plated steel 

 Probe, Straight-Through, Female BSPP Thread  9086 

   ØD  L  L1  kg 

 7.5 

 8  9085 13 08  48  25  0.020 

 10  9085 13 10  48  25  0.021 

 13  9085 13 13  48  25  0.026 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, with Barb Connection 9085 
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Single Shut-Off

DN 5

 UK Profile
17  Series

   C  F  G  L  kg 

 5 

 R1/4  9105 17 13  19  23  63  0.109 

 R3/8  9105 17 17  19  23  62  0.108 

 R1/2  9105 17 21  22  23  63  0.124 

 17 Series (DN 5) : Single shut-off = 870 Nl/min 

 Nickel-plated brass, NBR 

Coupler, Male BSPT Thread 9105 

   C  E  F  G  L  kg 

 5 

 G1/4  9114 17 13  9  19  23  58  0.110 

 G3/8  9114 17 17  9  19  23  57  0.103 

 G1/2  9114 17 21  12  24  23  60  0.135 

 17 Series (DN 5) : Single shut-off = 870 Nl/min 

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9114 

   ØD  F  G  L  L1  kg 

 5 

 6  9123 17 06  19  23  76  25  0.106 

 8  9123 17 08  19  23  76  25  0.108 

 10  9123 17 10  19  23  76  25  0.111 

17 Series (DN 5): single shut-off = 870 Nl/min

 Nickel-plated brass, NBR 

Coupler with Barb Connection 9123 

   C  F  L  L1  kg 

 5 

 R1/8  9084 17 10  11  37  9  0.016 

 R1/4  9084 17 13  14  42  12  0.021 

 R3/8  9084 17 17  17  42  12  0.014 

 R1/2  9084 17 21  22  48  17  0.048 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, Male BSPT Thread 9084 

E

   C  E  F  L  kg 

 5 

 G1/8  9086 17 10  7  14  33  0.016 

 G1/4  9086 17 13  9  17  33  0.022 

 G3/8  9086 17 17  9  19  33  0.023 

 G1/2  9086 17 21  12  24  36  0.030 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, Female BSPP Thread 9086 

   ØD  L  L1  L2  kg 

 5 

 6  9085 17 06  58  25 33  0.015 

 8  9085 17 08  52  25 27  0.016 

 10  9085 17 10  52  25  27  0.018 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, with Barb Connection 9085 
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Single Shut-Off

DN 5.5

 UK Profile
19  Series

   C  F  G  L  kg 

 5.5 

 R1/4  9105 19 13  19  23  63  0.100 

 R3/8  9105 19 17  19  23  62  0.099 

 R1/2  9105 19 21  22  23  68  0.117 

19 Series (DN 5.5): single shut-off = 660 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Male BSPT Thread  9105 

   C  E  F  G  L  kg 

 5.5 

 G1/4  9114 19 13  9  19  23  58  0.102 

 G3/8  9114 19 17  9  19  23  58  0.095 

 G1/2  9114 19 21  12  24  23  60  0.127 

19 Series (DN 5.5): single shut-off = 660 Nl/min

 Nickel-plated brass, NBR 

Coupler, Female BSPP Thread 9114 

   ØD  F  G  L  L1  kg 

 5.5 

 6  9123 19 06  19  23  76  25  0.097 

 8  9123 19 08  19  23  76  25  0.099 

 10  9123 19 10  24  23  76  25  0.100 

19 Series (DN 5.5): single shut-off = 660 Nl/min

 Nickel-plated brass, NBR 

Coupler with Barb Connection 9123 

   C  F  L  L1  kg 

 5.5 

 R1/4  9084 19 13  14  50  12  0.022 

 R3/8  9084 19 17  17  50  12  0.026 

 R1/2  9084 19 21  22  56  17  0.051 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, Male BSPT Thread 9084 

E

   C  E  F  L  kg 

 5.5 

 G1/4  9086 19 13  9  17  46  0.025 

 G3/8  9086 19 17  9  19  47  0.026 

 G1/2  9086 19 21  12  24  50  0.039 

 Probe without shut-off 

 Nickel-plated steel 

 Probe, Straight-Through, Female BSPP Thread  9086 

   ØD  L  L1  L2  kg 

 5.5 

 6  9085 19 06  60  25 35  0.016 

 8  9085 19 08 60 25  35  0.017 

 10  9085 19 10  60  25  35  0.019 

 Probe without shut-off 

 Nickel-plated steel 

Probe, Straight-Through, with Barb Connection 9085 



20

Single Shut-Off

Double Shut-Off

DN 2.7

 German Profile
20  Series

   C  E  F  G  L  kg 

 5 
 G1/8  9201 21 10  7  14  16  36  0.027 

 G1/4  9201 21 13  9  17  16  38  0.036 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

Coupler, Male BSPP Thread 9201 

   C  E  F  G  L  kg 

 5 
 G1/8  9214 21 10  9  14  16  36  0.030 

 G1/4  9214 21 13  7  17  16  38  0.040 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Female BSPP Thread  9214 

   ØD F  G  L  L1  kg 

 5 

 4  9223 21 04  14  16  46  17  0.027 

 6  9223 21 06  14  16  46  17  0.027 

 8  9223 21 08  14  16  46  17  0.028 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

 Coupler with Barb Connection  9223 

   ØD  F1  F2  G  L  L1  L2  kg 

 5 

 4  9226 21 04  14  14  16  60  14  17  0.034 

 6  9226 21 06  17  17  16  60  14  17  0.048 

 8  9226 21 08  17  17  16  60  14  17  0.047 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

Coupler, Bulkhead Mountable,  with Barb Connection  9226 

   C  E  F  L  L1  kg 

 5 
 G1/8  9087 21 10  7  14  25  14  0.012 

 G1/4  9087 21 13  9  17  28  14  0.019 

 Probe without shut-off 

 Nickel-plated brass 

Probe, Straight-Through, Male BSPP Thread 9087 

   C  E  F  L  L1  kg 

 5 
 G1/8  9287 21 10  7  14  40  14  0.023 

 G1/4  9287 21 13  9  17  42  14  0.031 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, Male BSPP Thread 9287 
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Single Shut-Off

Double Shut-Off

DN 2.7

 German Profile
20  Series

   C  E  F  L  L1  kg 

 5 
 G1/8  9086 21 10  8  14  25  14  0.014 

 G1/4  9086 21 13  9  17  26  14  0.018 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, Female BSPP Thread  9086 

   C  E  F  L  L1  kg 

 5 
 G1/8  9286 21 10  8  14  40  14  0.025 

 G1/4  9286 21 13  9  17  42  14  0.035 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, Female BSPP Thread 9286 

   ØD  L  L1  L2  kg 

 5 

 4  9085 21 04  32  14  17  0.006 

 6  9085 21 06  32  14  17  0.008 

 8  9085 21 08  32  14  17  0.009 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, with Barb Connection  9085 

   ØD  F  L  L1  L2  kg 

 5 

 4  9285 21 04  14  50  14  17  0.022 

 6  9285 21 06  14  50  14  17  0.023 

 8  9285 21 08  14  50  14  17  0.024 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, with Barb Connection   9285 

   ØD  F1  F2  L  L1  L2  L3  kg 

 5 

 4  9095 21 04  14  14  50  14  14  17  0.019 

 6  9095 21 06  14  17  50  14  14  17  0.027 

 8  9095 21 08  14  17  50  14  14  17  0.028 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, Bulkhead Mountable with Barb Connection  9095 
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Single Shut-Off

Double Shut-Off

DN 5

 German Profile
21  Series

   C  E  F  G  L  kg 

 5 
 G1/8  9201 21 10  7  14  16  36  0.027 

 G1/4  9201 21 13  9  17  16  38  0.036 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

Coupler, Male BSPP Thread 9201 

   C  E  F  G  L  kg 

 5 
 G1/8  9214 21 10  9  14  16  36  0.030 

 G1/4  9214 21 13  7  17  16  38  0.040 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

 Coupler, Female BSPP Thread  9214 

   ØD F  G  L  L1  kg 

 5 

 4  9223 21 04  14  16  46  17  0.027 

 6  9223 21 06  14  16  46  17  0.027 

 8  9223 21 08  14  16  46  17  0.028 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

 Coupler with Barb Connection  9223 

   ØD  F1  F2  G  L  L1  L2  kg 

 5 

 4  9226 21 04  14  14  16  60  14  17  0.034 

 6  9226 21 06  17  17  16  60  14  17  0.048 

 8  9226 21 08  17  17  16  60  14  17  0.047 

21 Series (DN 5): single shut-off = 560 Nl/min
21 Series (DN 5): double shut-off = 310 Nl/min

 Nickel-plated brass, NBR 

Coupler, Bulkhead Mountable,  with Barb Connection  9226 

   C  E  F  L  L1  kg 

 5 
 G1/8  9087 21 10  7  14  25  14  0.012 

 G1/4  9087 21 13  9  17  28  14  0.019 

 Probe without shut-off 

 Nickel-plated brass 

Probe, Straight-Through, Male BSPP Thread 9087 

   C  E  F  L  L1  kg 

 5 
 G1/8  9287 21 10  7  14  40  14  0.023 

 G1/4  9287 21 13  9  17  42  14  0.031 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, Male BSPP Thread 9287 
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Single Shut-Off

Double Shut-Off

DN 5

 German Profile
21  Series

   C  E  F  L  L1  kg 

 5 
 G1/8  9086 21 10  8  14  25  14  0.014 

 G1/4  9086 21 13  9  17  26  14  0.018 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, Female BSPP Thread  9086 

   C  E  F  L  L1  kg 

 5 
 G1/8  9286 21 10  8  14  40  14  0.025 

 G1/4  9286 21 13  9  17  42  14  0.035 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, Female BSPP Thread 9286 

   ØD  L  L1  L2  kg 

 5 

 4  9085 21 04  32  14  17  0.006 

 6  9085 21 06  32  14  17  0.008 

 8  9085 21 08  32  14  17  0.009 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, with Barb Connection  9085 

   ØD  F  L  L1  L2  kg 

 5 

 4  9285 21 04  14  50  14  17  0.022 

 6  9285 21 06  14  50  14  17  0.023 

 8  9285 21 08  14  50  14  17  0.024 

 Probe with shut-off 

 Nickel-plated brass, NBR 

Probe, Valved, with Barb Connection   9285 

   ØD  F1  F2  L  L1  L2  L3  kg 

 5 

 4  9095 21 04  14  14  50  14  14  17  0.019 

 6  9095 21 06  14  17  50  14  14  17  0.027 

 8  9095 21 08  14  17  50  14  14  17  0.028 

 Probe without shut-off 

 Nickel-plated brass 

 Probe, Straight-Through, Bulkhead Mountable with Barb Connection  9095 



248-24 8-24

Single Shut-Off

Double Shut-Off 

DN 10 DN 7.4

 Stainless Steel European Profile
X25 and X27  Series

   C  E  F  G  L  kg 

 7.4 
 G1/4  9201X25 13  10.5  19  23  59  0.095 
 G3/8  9201X25 17  9  19  23  57.5  0.094 
 G1/2  9201X25 21  12  24  23  60.5  0.131 

 10 
 G3/8  9201X27 17  9  24  27  57.5  0.131 
 G1/2  9201X27 21  12  24  27  59.5  0.134 
 G3/4  9201X27 27  16  32  27  60.5  0.171 

X25 Series (DN 7.4): single shut-off = 1800 Nl/min / X25 Series (DN 7.4): double shut-off = 710 Nl/min
X27 Series (DN 10): single shut-off = 2400 Nl/min / X27 Series (DN 10): double shut-off = 900 Nl/min

 

 Stainless steel 316L, FKM 

Coupler, Male BSPP Thread 9201 

   C  E  F  G  L  kg 

 7.4 
 G1/4  9214X25 13  10  19  23  56  0.096 
 G3/8  9214X25 17  9  19  23  55  0.089 
 G1/2  9214X25 21  12  24  23  58  0.119 

 10 
 G3/8  9214X27 17  11  24  27  56  0.140 
 G1/2  9214X27 21  12  24  27  56  0.127 
 G3/4  9214X27 27  16  32  27  60  0.191 

  X25 Series (DN 7.4): single shut-off = 1800 Nl/min / X25 Series (DN 7.4): double shut-off = 710 Nl/min
X27 Series (DN 10): single shut-off = 2400 Nl/min / X27 Series (DN 10): double shut-off = 900 Nl/min

Stainless steel  316L, FKM 

 Coupler, Female BSPP Thread  9214 

   C  E  F  L  L1  kg 

 7.4 
 G1/4  9287X25 13  10  19  43  20  0.052 
 G3/8  9287X25 17  9  19  43  20  0.053 
 G1/2  9287X25 21  12  24  46  20  0.089 

 10 
 G3/8  9287X27 17  9  24  58  22  0.080 
 G1/2  9287X27 21  12  24  58  22  0.084 
 G3/4  9287X27 27  16  32  62  22  0.122 

  Probe with shut-off

Stainless steel  316L, FKM 

Probe, Valved, Male BSPP Thread 9287 

   C  E  F  L  L1  kg 

 7.4 
 G1/4  9087X25 13  9  17  34  20  0.018 
 G3/8  9087X25 17  9  19  34  20  0.014 
 G1/2  9087X25 21  12  24  36  20  0.047 

 10 
 G3/8  9087X27 17  9  19  37  22  0.013 
 G1/2  9087X27 21  12  24  40  22  0.052 
 G3/4  9087X27 27  16  32  45  22  0.086 

  Probe without shut-off

 Stainless steel 316L 

Probe, Straight-Through, Male BSPP Thread 9087 

   C  E  F  L  L1  kg 

 7.4 
 G1/4  9286X25 13  10  19  54  20  0.056 
 G3/8  9286X25 17  9  19  53  20  0.049 
 G1/2  9286X25 21  12  24  56  20  0.079 

 10 
 G3/8  9286X27 17  9  24  55  22  0.090 
 G1/2  9286X27 21  12  24  55  22  0.080 
 G3/4  9286X27 27  16  24  58  22  0.140 

  Probe with shut-off

 Stainless steel 316L, FKM 

 Probe, Valved, Female BSPP Thread  9286 

E

   C  E  F  L  L1  kg 

 7.4 
 G1/4  9086X25 13  12  10  33  20  0.023 
 G3/8  9086X25 17  12  10  33  20  0.022 
 G1/2  9086X25 21  14  12  35  20  0.035 

 10 
 G3/8  9086X27 17  9  19  33  22  0.026 
 G1/2  9086X27 21  12  24  37  22  0.037 
 G3/4  9086X27 27  16  32  42  22  0.091 

  Probe without shut-off

 Stainless steel 316L 

Probe, Straight-Through, Female BSPP Thread 9086 
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Single Shut-Off

Double Shut-Off 

DN 2.7

 Stainless Steel German Profile
X20  Series

   C  E  F  G  L  kg 

 2.7 
 M5 x0.8  9201X20 19  5  9  10  26  0.008 

 G1/8  9201X20 10  7  11  10  28  0.011 

 X20 Series (DN 2.7) : single shut-off = 165 Nl/min
X20 Series (DN 2.7) : double shut-off = 130 Nl/min 

 Stainless steel 316L, FKM 

Coupler, Male BSPP and Metric Thread 9201 

   C  E  F  G  L  kg 

 2.7 
 M5 x0.8  9214X20 19  5  9  10  26  0.009 

 G1/8  9214X20 10  7  12  10  28  0.012 

   X20 Series (DN 2.7) : single shut-off = 165 Nl/min
X20 Series (DN 2.7) : double shut-off = 130 Nl/min   

 Stainless steel 316L, FKM 

Coupler, Female BSPP and Metric Thread 9214 

   C  E  F  L  L1  kg 

 2.7 
 M5 x0.8  9287X20 19  5  9  28  10  0.005 

 G1/8  9287X20 10  7  11  30  10  0.009 

 Probe with shut-off 

 Stainless steel 316L, FKM 

Probe, Valved, Male BSPP   and Metric Thread 9287 

   C  E  F  L  L1  kg 

 2.7 
 M5x0.8  9087X20 19  5  7  18  10  0.010 

 G1/8  9087X20 10  7  11  20  10  0.015 

 Probe without shut-off 

 Stainless steel 316L 

Probe, Straight-Through, Male BSPP and Metric Thread 9087 

   C  E  F  L  L1  kg 

 2.7 
 M5 x0.8  9286X20 19  5  9  26  10  0.010 

 G1/8  9286X20 10  7  12  30  10  0.014 

 Probe with shut-off 

 Stainless steel 316L, FKM 

Probe, Valved, Female BSPP and Metric Thread 9286 

   C  E  F  L  L1  kg 

 2.7 
 M5 x0.8  9086X20 19  5  7  17  10  0.002 

 G1/8  9086X20 10  7  12  19  10  0.005 

 Probe without shut-off 

 Stainless steel 316L 

Probe, Straight-Through, Female BSPP and Metric Thread 9086 
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Single Shut-Off

Double Shut-Off 

DN 5

 Stainless Steel German Profile
X21  Series

   C  E  F  L  L1  kg 

5
G1/8  9086X21 10 8   14 25  14  0.013 

 G1/4  9086X21 13 9  17 25  14  0.017 

 Probe without shut-off 

 Stainless steel 316L 

Probe, Straight-Through, Female BSPP Thread 9086 

   C  E  F  G  L  kg 

 5 
 G1/8  9201X21 10  7  14  16  36  0.026 

 G1/4  9201X21 13  9  17  16  38  0.034 

X21 Series (DN 5): single shut-off = 560 Nl/min
X21 Series (DN 5): double shut-off = 310 Nl/min

 Stainless steel 316L, FKM 

Coupler, Male BSPP Thread 9201 

   C  E  F  G  L  kg 

 5 
 G1/8  9214X21 10  9  14  16  36  0.027 

 G1/4  9214X21 13  9  17  16  38  0.037 

X21 Series (DN 5): single shut-off = 560 Nl/min
X21 Series (DN 5): double shut-off = 310 Nl/min

 Stainless steel 316L, FKM 

Coupler, Female BSPP Thread 9214 

   C  E  F  L  L1  kg 

 5 
 G1/8  9287X21 10  7  14  40  14  0.021 

 G1/4  9287X21 13  9  17  42  14  0.030 

 Probe with shut-off 

 Stainless steel 316L, FKM 

Probe, Valved, Male BSPP Thread 9287 

   C  E  F  L  L1  kg 

 5 
 G1/8  9087X21 10  7  14  25  14  0.011 

 G1/4  9087X21 13  9  17  28  14  0.018 

 Probe without shut-off 

 Stainless steel 316L 

Probe, Straight-Through, Male BSPP Thread 9087 

   C  E  F  L  L1  kg 

 5 
 G1/8  9286X21 10  7  14  40  14  0.024 

 G1/4  9286X21 13  9  17  42  14  0.033 

 Probe with shut-off 

 Stainless steel 316L, FKM 

 Probe, Valved, Female BSPP Thread  9286 
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