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aerospace

climate control
electromechanical
filtration

fluid & gas handling
hydraulics
pneumatics
process control
sealing & shielding

Gasoline Fuel Filters

For Marine Applications
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m ENGINEERING YOUR SUCCESS.



Outboard Engine Applications

« For a unit that can replace your
primer bulb, use the 490R-RAC-01
with integral primer pump.

« Ifthere are no filters installed,
specify the 120R-RAC-01,
320R-RAC-01, or 660R-RAC-01 filter
based upon flow rate of engine.

« For boats where a fuel filter/water
separator is already installed, this
is generally a Mercury/Quicksilver
or OMC style filter (fuel ports are
on top of the head), use the B32013
(Quicksilver) or B32014 (OMC).

Note: Clear bowls are for outboard
applications only.
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Specifications . 31871 B32013 w B32014
OEM Application Mercury Quicksilver OMC
Micron 2 10 10
Maximum Flow Rate 50 GPH (189 LPH) 60 GPH (227 LPH) 60 GPH (227 LPH)
Replacement Filter N/A S3213 S3214
Height 5.0in. (12.7 cm) 7.2in.(18.3cm) 7.2in.(18.3cm)
Diameter 2.1in.(6.3cm) 3.8in.(9.7 cm) 3.8in. (9.7 cm)
Center Threads N/A 11/16-16** 1-12
**The 11/16™-16 thread is the most common and fits most existing filter mounting heads in service.
Specifications 025-RAC-01 ' 025-RAC-02 LR e nl o
Micron 250 10 104
Maximum Flow Rate 25 GPH (95 LPH) 25 GPH (95 LPH) 35 GPH (132 LPH)
Ports (Female) 1/4"-18 NPTF 1/4"-18 NPTF 1/2"-14 NPTF
Replacement Filter S2501 S2502 Replace Entire Unit
Height 4.3in. (10.9 cm) 4.3in.(10.9 cm) 4.2 in. (10.7 cm)
Diameter 2.1in. (5.3 cm) 2.1in.(6.3cm) 1.9in. (4.8 cm)
Width 2.31in. (5.8 cm) 2.3in. (5.8 cm) N/A
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Specifications 120R-RAC-01 320R-RAC-01 490R-RAC-01 660R-RAC-01
Micron 10 10 10 10
Maximum Flow Rate 30 GPH (114 LPH) 60 GPH (227 LPH) 90 GPH (341 LPH) 90 GPH (341 LPH)
Ports (Female) 1/4"-18 NPTF 1/4"-18 NPTF 3/8-18 NPTF 3/8-18 NPTF
Replacement Filter S3240 S3227 S3227 S3232
Height 6.51in. (16.5 cm) 9.3in. (23.6 cm) 9.9in. (25.1 cm) 11.0in. 27.9 cm)
Diameter 3.21in. (8.1 cm) 4.0in.(10.2cm) 4.8in.(12.2cm) 4.5in.(11.4cm)
Width 3.2iin. (8.1 cm) 4.0in.(10.2 cm) 4.5in.(11.4cm) 4.2 in. (10.7 cm)



Inboard/Outboard Engine Applications

o For boats where a fuel filter/water
separator is already installed, this is
generally a Mercruiser or OMC style
filter head (fuel ports are on top of
filter head), use the B32020MAM
(Mercruiser) or B32021MAM

« If there are no filters already
installed, specify the 120R-RAC-02,
320R-RAC-02, or 660R-RAC-02 filter
based upon required flow rate of
engine.

(OMQ) filter.
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Specifications ] B32020MAM 3 B32021MAM
OEM Application Mercruiser OoMC
Micron 10 10
Maximum Flow Rate 60 GPH (227 LPH) 60 GPH (227 LPH)
Replacement Filter S3220TUL S3221TUL
Height 6.5in. (16.5 cm) 6.5in. (16.5 cm)
Diameter 3.8in. (9.7 cm) 3.8in.(9.7cm)
Center Threads 11/16-16** 1-12

**The 11/16™-16 thread is the most common and fits most existing filter mounting heads in service.

Specifications

Micron

Maximum Flow Rate
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10
60 GPH (227 LPH)

Height 4.2 in. (10.7 cm)
Diameter 3.6in. (9.1 cm)
Width N/A
Center Threads 11/16-16**
Ports (Female) N/A
Replacement Filter N/A
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Specifications 120R-RAC-02
Micron 10
Maximum Flow Rate 30 GPH (114 LPH)
Ports (Female) 1/4"-18 NPTF
Replacement Filter S3240TUL
Height 6.0 in. (15.2 cm)
Diameter 3.2in. (8.1 cm)
Width 3.2in. (8.1 cm)
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2
60 GPH (227 LPH)
4.0in. (10.2 cm)
3.7 in. (9.4 cm)
N/A
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« For high-performance boats, the
3120R-RAC-32 is recommended.

« A higher pressure rated filter is
available, see model 110A rated at
100 PSI (6.9 bar).
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Mercruiser
2
60 GPH (227 LPH)
N/A
4.0in. (10.2 cm)
3.7in.(9.4cm)
11/16™-16**
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10
35 GPH (132 LPH)
6.0 in. (15.2 cm)
3.3in. (8.4 cm)
3.2in. (8.1 cm)
N/A
1/4-18 NPTF
R11T (Cartridge)
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320R-RAC-02 660R-RAC-02 3120R-RAC-32
10 10 10
60 GPH (227 LPH) 90 GPH (341 LPH) 120 GPH (454 LPH)
1/4"-18 NPTF 3/8-18 NPTF 1/2°-14 NPTF
$3228TUL (10 micron) $3232TUL $3232TUL

S3228SUL (2 micron)
9.0in. (22.9 cm)
4.0in.(10.2 cm)
4.0in.(10.2cm)

10.5in. (26.7 cm)
4.5in.(11.4cm)
4.2 in. (10.7 cm)

10.4 in. (26.4 cm)
5.0in. (12.7 cm)
4.0in. (10.2 cm)



Parker Filtration Group

Engine Mobile Original Gas Turbine Filtration Division Latin America Filtration Division
Equipment Division Alton, United Kingdom Sao Paulo, Brazil

Holly Springs, Mississippi +44 (0) 1420 541188 +55 12 4009 3500

662 252 2656

Aerospace Filtration Division ) l . L
China Filtration Division

Engine Mobile Greensboro, North Carolina . .
Aftermarket Division 336 668 4444 Shanghai, China
Kearney, Nebraska +86 21 2067 2067
308 234 1951 Hydraulic & Industrial

. Filtration Division EMEA Korea Filtration Division
H_ydrayhc & Ifu_el Arnhem, Netherlands Hwaseon City, Korea
Filtration Division +31 (0) 26 376 0376 +82 31 359 0852
Metamora, Ohio
419 644 4311 Engine Mobile Filtration

Division EMEA India Filtration Division

HVAC Filtration Division Dewsbury, United Kingdom Chennai, India
Jeffersonville, Indiana +44 (0) 1924 487 037 +91 22 4391 0700
866 247 4827

Bioscience Engineering

Industrial Process Filtration Division EMEA Australia Filtration Division

Filtration Division Birtley, United Kingdom Castle Hill, Australia
Mineral Wells, Texas +44 (0) 191 410 5121 +6129634 7777
940 325 2575

Gas Separation &
Bioscience & Water Filtration Division EMEA
Filtration Division Team Valley, United Kingdom
Bioscience Filtration +44 (0) 191 402 9000

Oxnard, California
877 784 2234

Water Purification
Carson, California
310 608 5600
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Parker Hannifin Corporation

Engine Mobile Original Equipment Division
805 West St.

Holly Springs, MS 38635

phone 662 252 2656

www.parker.com/emoe




