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Step by step procedure for VC-1000

Pre-required: - Daily Password
- Mtadmin Password
- Installation kit of ProLon VAV VC1000 (2) Sl and US

1- First things, Close Alliance and do a backup.
Next, be sure you're an administrator of the PC (Mtadmin).

2- Copy the installation kit needed (Sl version (°C) or US version (°F)) named:
Install VC1000 Lon Plug-In v.3.1 XX.exe (Sl or US).
In c:\Drivers\MicroThermoTechnologies.

3- Double-Click on installation kit: Install VC1000 Lon Plug-In v.3.1 XX.exe for starting the
installation.

a) When the first windows appears, Click on « | Agree » Button.

b) Next, be sure all 4 cases are checked and Click on « Install » Button.

¢) When the next window (VC1000controller) appears, Click on « Register Plug-in » Button, when
the messages « Plug-in registered as VC1000PIug-in.LNSPIlugInAPI » pop-up, click on « OK »
Button.

d) All the windows will close except one, Close it with « OK » Button.

4- Copy files: VC1000 Vav Controller.xfbo AND VC1000 Vav Controller.xif

From C:\Lonworks\import\Prolon\ TO In C:\Alliance\Node Interface\
5- Add a new NodeModel with C:\Alliance\ModelManager.exe

Use VC1000 Vav Controller.xfb. P.S It’s normal you don’t have .apb

Use the files in C:\Alliance\Node Interface

6- Restart Alliance, and drop your new node and plug-in (with LNS Plug-in checked)
(with VC1000 you just need one plug-in by board).

7- Make a backup when configuration is finished.
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