Male NPT series pressure transducer

Specifications and MTAVS.6 installation guide

Made in
China
Specifications:
Performance Data Environment Data
304L (Diaphragm),
+1% F.S. 304L Stainless
Accuracy -25°C to 125°C Wetted Parts Steel/Brass/copper &
(-13°F to 257°F) Other materials
available (Fittings)
Thermal Effects Enclosure IP67
Compensated Range -40°C to 125°C .
°F(°C) (-40°F to 257°F) Elec. Connections Packard connector
Zero/Span Shift
%FS/100°F +1.5% F.S. Vibration 11@%&%2;‘:/%?230':2)
(%FS/100°C)
MIL-STD-202G,
Zero/Span Tolerance +2% F.S. Shock Test method 213B,
condition C
Response Time 2ms Weight 45¢g
Long Term Stability +2% F.S. Electrical Data
Proof Pressure 1000 psi/6,9 MPa Power 45t05.5VDC
Burst Pressure 3600 psi/24.8 MPa Circuit 3-wire (Vin, Out, GND)
. - . . 0.5VDCto 4.5 VDC
Cycle Life 1 million F.S. cycles Output (ratiometric) @2.5mA

The proof pressure is the pressure limit at which the transducer will not show significant offset shift. The
minimum burst pressure is the test-rating for fluid containment.

It is safe to apply absolute vacuum (-14.7psig) without damage to these pressure transducers.
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Physical installation:
- Except for 023-0331, Install on a 1/8 NPT 27 fitting pointing up to avoid liquid to be trapped in the sensor

- Installation torque: 6-8 LB-FT
- In high temperature application use a siphon to dissipate heat.

Electrical Installation:
- To power the Pressure Transducer use 5VDC regulated at +/- 10% (4mA). It can be supplied from the

sensor node power. The output signal accuracy is ratiometric (proportional to the power regulation).

Please note that the lead color may change according to the material availability.
The legacy cable 951-0052 has the following lead color:

TO SENSOR

5 METERS £3 CM | NODE
Power
+5V
Red
| | Signal Analog
White U Input
Ground Sensor

Black GND

951-0052A
15.25m (50" cable w/Packard Connector for pressure transducer available on special order only

The alternate replacement cable 951-0061 has the following lead color:
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Green GND

951-0061
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MT Alliance Installation:

Select the destination subsystem, the view and zoom, enter the configuration mode and drop a sensor in

the view then select the sensor in the popup window.

( Pick Sensor Type and Model

. hysical T
Set the Physical Type name to Press Med Range or Sruckdlins
Press Med Range (4X) or Press High Range. Leave R [ =
the radio selection to Absolute and Local Source. Set fbsolits & Diferentisl
the Manufacturer to Micro Thermo then select the .
Micro Thermo part number. If this model is not available, - 5 foin #
you can use <Generic> manufacturer and set the sensor
model accordingly to psig range then click OK. Manufactuer [Micro Themo =]
Click on the newly dropped button and click on the .

. . . . . . Model | 02340441 £52 (0.5-4.5v) -
Details tab to rename its identification label. Click on the senoet ! = =
Hardware tab then select the node and the input of the Visibity Appearance
node. You can change the sensor manufacturer and @ tugovisble € Teutary
model from this panel and see the wiring diagram if you ; L el e P
click on the Diagram button. Click on the Alarm Settings EAEE A
tab then set the alarm limits and time properly. ‘,QK % Cancel
In a plugin select as below:

Source b arwfacturer # Node Model / Metwark V ariable Eru:_uad_u:a&t Diagram
Binding
fLocal  «| |Micio Themo ~| |023-0441 652 psig (0.5-4.5v) | =1=

Ordering information:

Transducer Pressure NPT 5m (16ft) cable order 15m (50ft)* cable order
without harness range number Transducer kit number Transducer kit
023-0081 100 psis 1/8 952-0001 952-0051
023-0082 500 psis 1/8 952-0002 952-0052
023-0148 200 psis 1/8 952-0004 952-0054
023-0331 600 psis 5 952-0007 Call
023-0441 652 psis 1/8 952-0018 952-0059
023-0387 *2000 psis | 1/8 952-0010 952-0055

* Not available on Press Med Range

15.25m (50') cable w/Packard Connector for pressure transducer available on special order only

72-MTA-1044 R5.2 Male NPT series pressure transducer MTAV8.6 spec & install guide.docx 2023-12-11

ENGINEERING YOUR SUCCESS.



