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APPMTIONS

Control of reciprocating, scroll and screw compressors.

Support for up to (2) unloaders per compressor
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DESCRIPTION

REV.

SYSTEM :

REFRIGERATION

OUTPUT (DO)

/dNIVERSIAL None
INPUTS (UI)
DIGITAL 3 Digital Inputs: (Dry contacts): Low Pressure Switch,
INPUTS (DI) Safety Line Switch, Proof of Running Switch
DIGITAL

2 Form C Relay Outputs: SPDT, 2A, 250Vac.
Protected by on—borad breakers

ANALOG
OUTPUT (AO)

None

AUTOMATISATION / CONTROL :

Micro Thermo Technologies™

12855 Rue Brault, Mirabel
Quebec,Canada, J7J 0C4
Tel: (450) 668-3033

Fax: (450) 668-2695

REQUIREMENT

24Vac Center—tap 1.8VA

ENVIRONMENTAL

Operating and Storage: —40 to 75°C (—40 to 168°F),
5 to 95% RH, non—condensing

DIMENSIONS | 7.44” X 4.0" X 1.5"(w/Unloader) —
(189mm x 102mm x38mm)
MT-CMP WITH
MOUNTING Panel Mounted Vertically MT-UNLOADER
POWER PART# :

961-632F, 950-631A
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