STATIC DISSIPATION
EARTH CONNECTION
THROUGH STANDARD
SCREW OR
FASTENER 0.250"

1

ECHELON TYPE CABLE 2#18, UNSHIELDED,
7/26 UTP, BELDEN 8461 OR EQUIVALENT.
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SPECIFICATIONS

Control of up to (6) refrigeration EEPR vavies
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2014-11-13 | Update Logo & Adress
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2011—-12—19 | Modification on DATA Description
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DATE

DESCRIPTION

REV.

APPLICATIONS | 50 orian (CDS—9, CDS—16, CDS—17), Alco (ESR 12, ESR24)
UNIVERSIAL None

INPUTS (UI)

DIGITAL None

INPUTS (D)

DIGITAL None

OUTPUT (DO)

ANALOG None

OUTPUT (AO)

SYSTEM :

REFRIGERATION

AUTOMATISATION / CONTROL :

Micro Thermo Technologies™

12855 Rue Brault, Mirabel
Quebec,Canada, J7J 0C4
Tel: (450) 668-3033

Fax: (450) 668-2695

OUTPUT Stepper Motor Output 400mA

MANUAL

CONFIGURATION MAN /AUTO, OPEN, CLOSE, INIT, SET

DIMENSIONS 10.375" X 4.0" X 1.25" (264mm x 102mm x32mm)
MOUNTING Plastic SnapTrak or SB Metal Enclosure

POWER

REQUIREMENT

24Vac 10.2VA

ENVIRONMENTAL

Operating and Storage: —40 to 75°C (—40 to 168°F),
5 to 95% RH, non—condensing

TITLE:

DT-EEPR

NOTE: EEPR Valve connectors Polarity must be
respected, colors shown for Sporlan CDS valves
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