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HOUSING : 300 SERIES STAINLESS STEEL

LEADWIRES : 22AWG (7) STRANDED, RIBBON CABLE TINNED
COPPER PVC INSULATED, GREEN (20 FT)

OPERATING RANGE: -30TO 105°C (-22 TO 221°F)
MAXIMUM READING RANGE: -50 TO 150°C (-58 TO 302°F)
SENSOR TOLERANCE IS £ 0.2°C (+ 0.4°F) IN THE RANGE OF 0 TO 70°C (32 TO 158°F)

NOTE : DAMAGE TO THE DEVICE MAY OCCUR IF TEMPERATURE
GOES BEYOND OPERATING RANGE

RESISTANCE : 10,000 Q TYPE 2 £ 0.2°C (+ 0.4°F) AT 25°C (77°F)

CURVE : 16.L
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