ABS, BRACKET ENCLOSURES
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INSTALLATION:
THE SENSOR IS INSTALLED THROUGH A 1/4" HOLE IN

THE SIDE OF THE DUCT TO MONITOR A SINGLE POINT
TEMPERATURE WITHIN THE DUCT.

STANDARD LENGTH: 12.5"

OPERATION -20 TO 105 °C
TEMPERATURE RANGE: (-4 TO 221 °F)

CABLE TYPE: PVCINSULATED, PARALLEL BONDED
(1000HMS, IC SENSORS-FT-4)

WIRING CONNECTIONS: PIG TAIL (2 WIRE)
ENCLOSURE : ABS

SENSOR TYPES : 10,000 Q TYPE 2 + .2°C AT 25°C
(+-32.40 TO 77°F)
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Micro Thermo Technologies™

12855 Rue Brault, Mirabel
Quebec, Canada J7J 0C4
Tel: (450) 668-3033
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